DVS-008W00-M12

EN Instruction Sheet

TR Bilgi Dokumani
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EN » This instruction sheet only provides information on electrical specifications, general specifications, installation and
wiring.

TR ~  Bu montaj kilavuzu sadece elektriksel 6zellikler, genel 6zellikler, kurulum ve kablolama saglar.
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EN Assembly TR Montaj TW 2 CN ZH%
EN Attach the back trench of the device to the mounting rail in arrow @ DIN-rail installation

direction and push the device against the rail in arrow ) direction. To
disassemble, first push down the device in arrow (@ direction and
follow arrow (@ direction to release the device. Screw Size: M3x6L

TR Cihazin arka kanalini montaj rayina ok @ yoninde takin ve cihazi ok
@yonilinde raya dogru itin. Sokmek icin, 6nce cihazi ok @ ydniinde
asagi dogru bastirin ve cihazi serbest birakmak igin ok (3 yonini
izleyin. Vida Boyutu: M3x6L
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Factory information:

Delta Greentech Elektronik San. Ltd. $ti. Delta Electronics, Inc.
- . . Taiwan China
Serifali Mahallesi, Hendem Caddesi, Kule Sokak, No:16, 31-1 Xingbang Road, 1688 Jiangaing East Road,
A Blok Umraniye [/ istanbul, Tiirkiye Guishan Industrial Zone.  Whjlang Economic Development Zone
Tacyuan County 33370, Wujiang City, Jiang Su Province,
TEL:+90 216 49999 10 Fax:+90 216 499 80 70 Taiwan People’s Republic of China (Post code: 215200)
Website: www.delta-turkey.com TEL: 886-3-362-6301 TEL: 86-512-6340-3008

FAX: B86-3-362-T267 FAX: BE-TES-6340-7290
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EN TR TW CN
1 Ethernet communication port Ethernet haberlesme port OXRMEAIR PIR M@ A
(M12 D-code) (M12 D kodu) (M12 D-code) (M12 D-code)
2 LED indicator LED gosterge LED &~ E LED f&7~AT
3 Power terminal Gii¢ terminali BRmAln T BIREAR T
(M12 A-code) (M12 A kodu) (M12 A-code) (M12 A-code)
4 Ground zemin i Eih
EN LED indicator TR LED gosterge TW LED #&57RJE CN LED ¥R
Green ON Power ON
PWR1/PWR2
Green OFF Power OFF
Solid Green RJ45 Port Link ON (P1-P8)
LINK/ACT Blinking Green RJ45 Port ACT ON (P1-P8)
Green OFF RJ45 Port Link OFF (P1-P8)
EN Specification TR Spesifikasyonu TW EmHRE CN Fmilig

Model Description / Model Tanim / #&f&Eg3M / Al FpHaat

Unmanaged 8 10/100Base-T(X) M12 Ports

Power supply / Gii¢ Besleme / EJREFK /| BIRFEXK

+12V ~ +48VDC, Max 3.6W, Redundant input

Operation humidity / Calisma nem araligi / #{E&E | #{E)EE | 5~95% (Non-condensing)

Operation Tem. / Calisma Sicakhg / Z/ERE | BIEBE -40°C ~ 75°C
Storage Tem. / Saklama Sicakli§ / REFRE /| EEFERE -40°C ~ 85°C
® M12 D-code, 10/100Base-TX,

Interface / Arayiiz / /T HE / 5RE

Auto MDI/MDI-X & Auto Negotiation
M12 A-code (4 pin) for Power Connection

Model Description / Model Tanim / #FE#5at / # 5 ut °

M12 Connector against vibration and shock
Suitable for field wiring. Female Connector,
4 wire, Plug straight M12, A-coded, Push-in
connection, tighten torque 1.5Nm, UL2238

Listed cable (UL CYJV Listed)

Weight / Agirlik /| E£ | B2 355¢
EN Pin definition TR Pin agiklama T™W HEHER CN EBHIENX
Ethernet (M12 D-code)
1 TX+ 2 RX+- 3 TX- 4 RX- 5 N/A
Power Input (M12 A-code)
1 V1- 2 V2- 3 V2+ 4 V1+
A ifthe equipment is used in a manner not specified by the manufacturer, the protection provided by the equipment may be impaired.

This is the open type device shall be installed in appropriate enclosure or machinery.




